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Spec-01169

SeiSmic AcceSSorieS To meet GR-63-CORE Zone 4 seismic standards, Free-Stand 
enclosures must include the following accessories (purchased 
separately):

For Seismic Free-Stand with Panel
•	  Seismic Mounting Plate Kit
•	  Seismic Panel Mounting Kit
•	  Panel, Full-Length

For Seismic Free-Stand with rack Angles
•	  Seismic Mounting Plate Kit
•	  Rack Mounting Angles - L-Style (Type RP), Full

SeiSmic mounting PlAte KitS Kit of six (6) stainless steel mounting plates install over the 
mounting holes in the base of the enclosure.  The mounting plates 
come predrilled to accept 1/2-in., 5/8-in. or 3/4-in. diameter 
mounting hardware (not included). Plate dimensions are 3.75 x 3.75 
x .25 in. (95 x 95 x 6 mm).
Bulletin: DcY
Standard Product  
Catalog Number Description Anchor Size
ASMP12SS Seismic Mounting Plate, 1/2-in. 1/2 in.
ASMP58SS Seismic Mounting Plate, 5/8-in. 5/8 in.
ASMP34SS Seismic Mounting Plate, 3/4-in. 3/4 in.

SeiSmic PAnel mounting KitS Kit of two (2) panel supports install within the enclosure.  Use 
mounting hardware furnished within these kits along with panel 
hardware to mount full panels.
Bulletin: DcY
Standard Product  

Catalog Number Description
Fits Enclosure A 
in./mm

ASPANKIT60 Seismic Panel Mounting Kit, 60-in. 60
1524

ASPANKIT72 Seismic Panel Mounting Kit, 72-in. 72
1829

ASPANKIT90 Seismic Panel Mounting Kit, 90-in. 90
2286



SeiSmic AcceSSorieS  SeiSmic

PH 763.422.2211nVent.com/HOFFMAN AcceSSorieS 2Spec-01169  C

PAnelS

Full panels mount within the enclosure using seismic panel 
mounting kits. Panels are 12 gauge steel and are finished with white 
polyester power paint or a conductive, corrosion resistant coating.
Bulletin: pnl30

Standard Product  

Catalog Number Description
Panel Size 
in./mm

Fits Enclosure A x B 
in./mm

A60P24F1 Steel 48.00 x 20.00
1219 x 508

60.00 x 24.00
1524 x 610

A60P24F1G Conductive 48.00 x 20.00
1219 x 508

60.00 x 24.00
1524 x 610

A72P24F1 Steel 60.00 x 20.00
1524 x 508

72.00 x 24.00
1829 x 610

A72P24F1G Conductive 60.00 x 20.00
1524 x 508

72.00 x 24.00
1829 x 610

A90P24F1 Steel 1829 x 610
1981 x 508

90.00 x 24.00
90.00 x 24.00

A90P24F1G Conductive 1829 x 610
1981 x 508

90.00 x 24.00
90.00 x 24.00

A72P30F1 Steel 60.00 x 26.00
1524 x 660

1524 x 660
1829 x 762

A72P30F1G Conductive 60.00 x 26.00
1524 x 660

1524 x 660
1829 x 762

A60P36F1 Steel 48.00 x 32.00
48.00 x 32.00

60.00 x 36.00
1524 x 914

A60P36F1G Conductive 48.00 x 32.00
48.00 x 32.00

60.00 x 36.00
1524 x 914

A72P36F1 Steel 60.00 x 32.00
1524 x 813

72.00 x 36.00
1829 x 914

A72P36F1G Conductive 60.00 x 32.00
1524 x 813

72.00 x 36.00
1829 x 914

A90P36F1 Steel 78.00 x 32.00
1981 x 813

90.00 x 36.00
2286 x 914

A90P36F1G Conductive 78.00 x 32.00
1981 x 813

90.00 x 36.00
2286 x 914

rAcK mounting AngleS - l-Style (tyPe rP)

Pairs of full-length rack mounting angles are available for mounting 
19-in. and 24-in. rack-mounted equipment. Type RP rack mounting 
angles are 10 gauge steel with mounting holes tapped #10-32 
thread and spaced per EIA standard RS-310-D universal spacing. 
Angles and mounting hardware are plated. All mounting hardware 
is furnished.
Bulletin: A80

Catalog Number
Fits Enclosure A x B 
in./mm

For Rack Size 
in./mm

K 
in./mm K (m)

L 
in./mm

M 
in./mm

T 
in./mm

Number
of Units

A60RP24F5 60.00 x 24.00
1524 x 610

19.00
483

3.78 96 49.00
1245

7.78
198

1.94
49

28

A72RP24F5 72.00 x 24.00
1829 x 610

19.00
483

3.66 93 61.25
1556

7.66
195

1.94
49

35

A72RP30F5 72.00 x 30.00
1829 x 762

24.00
610

3.66 93 61.25
1556

7.66
195

2.44
62

35

A90RP24F5 90.00 x 24.00
2286 x 610

19.00
483

3.91 99 78.75
2000

7.91
201

1.94
49

45

One unit equals 1.75 inches (44 mm).
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Screw PAcKAgeS
Screw Packages are for mounting 
rack panels and equipment to rack 
angles. 
Bulletin: A80, DAccY

Catalog Number Color Description Pkg. Qty.
ES1224 Silver 12-24 x 5/8 in. combo head 20
ES1224250 Silver 12-24 x 5/8 in. combo head 250
ES1224B Black 12-24 x 5/8in. combo head 20
ES1224B250 Black 12-24 x 5/8 in. combo head 250
ASM5 Silver M5 x 20 mm Combo Head 20
ASM6 Silver M6 x 16 mm combo head 20
ASM5T Silver M5 x 12 mm thread-forming Phillips hex head screws 20
ASM6250 Silver M6 x 16 mm combo head 250
AS1032 Silver 10-32 x 5/8 in. combo head 20
AS1032250 Silver 10-32 x 5/8 in. combo head 250
AS1032B Black 10-32 x 5/8 in. combo head 20
Use ASM5T on PROLINE  frame or Net Series extruded holes.

cAge nut PAcKAge
Cage Nut Packages are for use with 
square-hole rack angles. Cage nuts 
are plated steel.
Bulletin: DAccY

Catalog Number Color Description Pkg. Qty.
PM5CN Silver M5 cage nut 20
PM6CN Silver M6 cage nut 20
PM6CN250 Silver M6 cage nut 250
P1032CN Silver 10-32 cage nut 20
P1032CN250 Silver 10-32 cage nut 250
P1224CN Silver 12-24 cage nut 20
P1224CN250 Silver 12-24 cage nut 250
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notes


