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RAYCLIC-SB-GM-METAL

PRODUCT DESCRIPTION

RayClic bracket for fixation on seamed metal roof.

TECHNICAL DATA
Material Hot-dip galvanized steel

Thickness 2 mm

Size L120 x B130 x H42 mm

Gutter type For seamed metal roof

Suitable items RayClic-CE, -S, -T, -PT, -PS and –X

Box content Unpacked

Compatibility Ensure compatibility with the materials to avoid galvanic corrosion

ORDER INFORMATION
Item number 1244-013853

EAN 5414506014617

E-nr 89 391 45

El.nr 10 383 34

Snro 52 116 05

El-nr 9935006769
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