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Snap to Stud 
Cable Support, 
Screwless

FEATURES

•   Snap to stud feature makes installation fast and easy,  
saving time and increasing productivity

•   No tools or fasteners needed for installation
•   Does not require screws for UL certification
•   Easy-to-use locking tab
•   Cable locating ribs to maintain cable separation
•   Flared edges for cable protection
•   NEC® 300.4D applicable
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Our powerful portfolio of brands: 

CADDY ERICO HOFFMAN RAYCHEM SCHROFF TRACER

Part Number Material Finish Certifications Standard Packaging Quantity

CJ6STS Steel Pregalvanized cULus 100 pc

Cable Type Cable Size Cables Per Fastener

Non-Metallic Sheathed Cable
14-2, 12-2, 10-2, 14-3, 12-3 and 10-3 w/ground 6 Max

8-2 and 6-2 w/ground 4 Max

Metal Clad (MC) 14-2, 12-2, 10-2, 14-3, 12-3, 10-3, 14-4, 12-4 and 10-4 w/ground 4 Max

Armored Cable (AC) 14-2, 12-2, 10-2, 14-3, 12-3, 10-3, 14-4, 12-4 and 10-4 w/ground 4 Max

Flexible Metal Conduit (BX) 3/8" 4 Max
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