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IP 55 | TYPE 4, 4X  

This outdoor vertical cooling unit, CUON, with a IP 55 
protection degree, is available in many different sizes for 
different cooling requirements. This means that the right 
cooling solution can be chosen easily. Smart energy 
management reduces energy consumption with up to 
23% compared to traditional solutions. The cooling unit 
is easy to install and is also available in stainless steel 
for harsh environments.  

Finish: RAL 7035 for the galvanized steel versions.

Temperature limits outside: -40 °C to +55 °C.

Temperature limits inside: +25 °C to +45 °C.

Type of connection: Terminal included.

Description: High performance cooling unit for vertical installation. 
CUON is the air conditioning solution for critical environments

Protection: IP 55 | TYPE 4, 4X.

Material: Galvanized steel powder coated. The items 
ending in "SS" are manufactured from stainless steel AISI 
304. Stainless steel AISI 316 is available on request.
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634 314 235 550 - 580 410 - 430 320 - 390 230 / 1 / 
50 - 60 2.1 7.5 15 61 25.56 CUON05502

634 314 235 850 - 900 620 - 700 420 - 600 230 / 1 / 
50 - 60 3.9 20 15 64 30.00 CUON08502

906 410 272 1100 - 
1150 840 - 890 510 - 650 230 / 1 / 

50 - 60 3.6 18 15 65 48.89 CUON10502

906 410 272 1500 - 
1600

1200 - 
1280 750 - 825 230 / 1 / 

50 - 60 5.2 28 15 65 51.11 CUON15002

999 409 286 1500 1200 890
400 - 3 - 
50 / 460 
- 3 - 60

2.37 20 15 65 53.33 CUON15004

996 409 286 2100 - 
2200

1750 - 
1850

1120 - 
1240

230 / 1 / 
50 - 60 6.3 34 15 69 53.33 CUON21002

996 409 286 2100 1800 1200
400-3-50 
/ 460-3-

60
3.62 22 15 69 53.33 CUON21004

1211 511 356 4000 - 
4100

3000 - 
3300

1730 - 
1950

230 / 1 / 
50 - 60 8.3 35 15 70 88.89 CUON40502

1211 511 356 4050 3260 1950
400 - 3 - 
50 / 460 
- 3 - 60

5.96 19 15 70 94.44 CUON40504

634 314 235 550 - 580 410 - 430 320 - 390 230 / 1 / 
50 - 60 2.1 7.5 15 61 25.56 CUON05502SS

634 314 235 850 - 900 620 - 700 420 - 600 230 / 1 / 
50 - 60 3.9 20 15 64 30.00 CUON08502SS

906 410 272 1100 - 
1150 840 - 890 510 - 650 230 / 1 / 

50 - 60 3.6 18 15 65 48.89 CUON10502SS

906 410 272 1500 - 
1600

1200 - 
1280 750 - 825 230 / 1 / 

50 - 60 5.2 28 15 65 51.11 CUON15002SS

999 409 286 1500 1200 890
400 - 3 - 
50 / 460 
- 3 - 60

2.37 20 15 65 53.33 CUON15004SS

999 409 286 2100 - 
2200

1750 - 
1850

1120 - 
1240

230 / 1 / 
50 - 60 6.3 34 15 69 53.33 CUON21002SS

999 409 286 2100 1800 1200
400 - 3 - 
50 / 460 
- 3 - 60

3.62 22 15 69 53.33 CUON21004SS

1211 511 356 4000 - 
4100

3000 - 
3300

1730 - 
1950

230 / 1 / 
50 - 60 8.3 35 15 70 88.89 CUON40502SS

1211 511 356 4050 3260 1950
400 - 3 - 
50 / 460 
- 3 - 60

5.96 19 15 70 94.44 CUON40504SS

 Note: The items ending in “SS” are manufactured from stainless steel AISI 304. Stainless steel AISI 316 is available on request.
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